NOTES : THIRD ANGLE PROJ. & & REVISIONS

REV DESCRIPTION DATE ECO APPR

|, MATERIALS AND FINISHES:
BODY AND REAR BODY - BRASS, GOLD PLATING A RELEASE TO MFG. 21-Mar-14] 49420 JC

CONTACT - BeCu, GOLD PLATING
INSULATOR - PTFE

2. ELECTRICAL:
A. IMPEDANCE: 50 OHM
B. FREQUENCY RANGE: DC - 6 GHz
C. RETURN LOSS : -35 dB @ DC - 3 GH:
-30 dB @ 3 - 6 GHz

3. MECHANICAL:
A. DURABILITY: 500 CYCLES MIN. .
B. TEMPERATURE RANGE: -55 C TO +125 C SCALE  3.500

4. PACKAGING:
A. QUANTITY: SINGLE PACK
B. MARKING: BAG TO BE MARKED:
"AMPHENOL RF, APH-HDBNCJ-T-50 DATE CODE"
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