End cap KOZUS KLUS. B

Ref. C24148C02 —
Ref. arch 24148
APPLICATION
- protection of the inside of the lighting fixture
MOUNTING
i ‘ [ - to the profile, by pressing
TECHNICAL DRAWING
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TECHNICAL SPECIFICATIONS
Material PP Width 26 mm
Color W gray Corrosion resistance yes
Shape rectangular Corrosion resistance at high salinity yes
Height 17 mm
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End cap KOZUS

Ref. C24148C02

RELATED PROFILES > ARCHITECTURAL

KOZUS KOZUS-CR
A07823 A00600
Ref. arch B7823 Ref. arch C0600

Y Inspirin
KLUS, Solutioﬁs
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