
APPLICATION

MOUNTING

Material ABSABS

Shape rectangularrectangular

Height 13 mm13 mm

Width 22 mm22 mm

Corrosion resistance yesyes

Corrosion resistance at high salinity yesyes

Hole yesyes

Color Ref

gray
C24338C02TWC24338C02TW
2433924339

white
C24338C10TWC24338C10TW
2440424404

silver
C24338L01TWC24338L01TW
2444924449

black
C24338C07TWC24338C07TW
2434324343

TECHNICAL SPECIFICATIONS

SAMPLE PROJECTS

  

Cable exit hole

aesthetic finish and protection of the interior of the lighting fixture-

to the profile, by pressing-

End cap PDS-NK-OTW
Ref. C24338C02TW, C24338C10TW, C24338C07TW, C24338L01TW
Ref. arch 24339, 24404, 24343, 24449
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RELATED PROFILES > UNIVERSAL

PDS-NK
A01588
Ref. arch C1588

End cap PDS-NK-OTW
Ref. C24338C02TW, C24338C10TW, C24338C07TW, C24338L01TW
Ref. arch 24339, 24404, 24343, 24449

https://klusdesign.eu/en, info@klus.pl
KLUŚ Sp. z o.o., ul. Słoneczna 126, 05-506 Kolonia Lesznowola

https://klusdesign.eu/en
mailto:info@klus.pl

	APPLICATION
	MOUNTING
	TECHNICAL SPECIFICATIONS
	SAMPLE PROJECTS
	RELATED PROFILES > UNIVERSAL
	PDS-NK


