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Order Codes:
Socket Connector
9—-WAY 2101-0190-11 MHDBC09-SS
15—WAY 2101-0190-12 MHDBC15-SS
25—-WAY 2101-0190-13 MHDBC25-SS
37—-WAY 2101-0190-14 MHDBC37-SS
Remark:

1.SPECIFICATION:
Rated voltage:250V
Rates current:3AMP
Contact resistance:30MQ MAX
Insulation resistance:1000MQ MIN.at 500V DC
Withstand voltage:500V Per mintute
Temperature range:-55 -105°C
2.MATERIAL:
Plastic:PBT+30% G.F (UL94V-0) BLACK

PIN |A+0.25|B+0.25/C+0.25 D+0.25[E+0.25 Spcc shell:Spcc front shell is nickel plated back shell is nickel plated
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