B VRLA Rechargeable Battery

. BP5-12

Measures Technology Values Innovation

APPLICATIONS
FEATURES
Maintenance Free ( topping up not needed ) UPS
Non - spillable ( no free electrolyte ) Electronic Doorbells
Low Self Discharge, less than 3% per month Toy-Cars
both Vertical & Horizontal installations Fans
SPECIFICATIONS
Nominal Voltage 12V
Nominal Capacity 5.0Ah @ 20 hour rate F.V.(1.75V/cell) .
Approx. Weight 1800g(3.97Ibs.) N
Terminals T1 (Faston Tab 187) T2 is optional MH19884
Internal Resistance =27m () (Fully Charged )
Max. Discharge Current 75 A (5 sec.)
Max. Charge Current 15A
" " " S C4M20310-2474-E-16
Operating Temperature Range Charge: 0°C~40°C(32°F~104°F)
Discharge: -20°C~50°C(-4°F~122°F)
Storage: -20°C~40°C(-4°F~104°F) ® IEC 61056-1
° .
Container Material Standard: ABS( UL94 HB)  BP5-12 JIS C 8702-1
Optional: Flame Retardant ABS(UL94 V-0) BP5-12FR ® GB/T 19639.1
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Feon Dischtresl 5 Min 10 Min 15Min | 30 Min 1 Hr 3 Hr 5 Hr 10 Hr 20 Hr
1.80V 180.8 133.1 106.6 63.5 36.39 14.57 10.05 5.62 2.96
1.75V 209.2 1442 115 65.9 37.48 14.87 10.20 5.70 3.00
1.70V 222.3 149.4 115.0 67.4 38.16 15.00 10.26 5.73 3.01
1.65V 232.3 152.9 1176 68.3 38.61 15.10 10.29 5.75 3.02
1.60V 240.0 156.0 120.0 69.0 39.00 15.20 10.32 5.75 3.02

Fom Discheoe| 5 Min 10Min | 15Min | 30 Min 1 Hr 3Hr 5 Hr 10 Hr 20 Hr
1.80V 16.3 11.71 9.27 5.38 3.06 1.21 0.837 0.468 0.246
1.75V 19.2 12.69 9.70 5.58 3.15 1.24 0.850 0.475 0.250
1.70V 20.4 13.15 10.00 5.71 3.21 1.25 0.855 0.477 0.251
1.65V 21.3 13.46 10.23 5.79 3.24 1.26 0.858 0.479 0.252
1.60V 22.0 13.73 10.43 5.85 3.28 1.27 0.860 0.479 0.252

All data and artworks shall be changed without prior notice, BB reserves the right to explain and update the information contained hereinto.

For operation, please refer to the instruction from technical manual. B/1__REV. Apr. 2021 Powered by B.B. Tech(Changsha)Co., Ltd.




