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SUGGESTED PANEL OPENING

REV.

DESCRIPTION DRAWN CHECKED APPROVED

A |NEW RELEASE

JLZ 06/06/17’ ——

NOTES:

1.SPECIFICATION
.CURRENT RATING: 5A Max.
.DIELECTRIC WITH STANDING VOLTAGE: 500V(AC)
.CONTACT RESISTANCE: 50mQ Max.
INSULATION RESISTANCE: 1000MQ(DC)Min
2.PRODUCT NUMBER CODE:

DS1110—-24 — X X X X

LCONTACT PLATING
8: GOLD FLASH

COLOR OF NUT:
U: BLUE

—— COLOR OF HOUSING:
B: BLACK

—— No. OF CONTACTS

23 4
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