LGE3D20120H
Silicon Carbide Schottky Diode

D UGE

1200 V

VRrRM

Ir ( TcS150°C) 20 A

Qc = 93 nC

General Description TO-247-2L

This product family offers state of the art
performance. It is designed for high frequency
applications here high

efficiency and high reliability are required.

Features

Zero Forward/Reverse Recovery Current
High Blocking Voltage

High Frequency Operation

Positive Temperature Coefficient on VF

Temperature Independent Switching Behavior

High surge current capability

Benefits
® Higher System Efficiency l

® Parallel Device Convenience without
thermal runaway
Higher Temperature Application
No Switching loss O
Hard Switching & Higher Reliability
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Environmental Protection

Key performance parameters
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LGE3D20120H 1200V 20A 93nC
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LGE3D20120H

Silicon Carbide Schottky Diode

D UGE

Maximum Ratings

Tc=25°C, unless otherwise specified

Parameter Symbol Value Unit
Peak Repetitive Reverse Voltage VrrM 1200 Vv
Maximum Ratings
Tc=25°C, unless otherwise specified
Parameter Symbol Value Unit
Continuous Forward Current: 7Tc = 25° 53
Tc=135°C I 26 A
Tc =150°C 20
Non Repetitive Forward Surge Current:
. 140
Tc = 25°C, tp =10ms, Half Sine Pulse Irsm A
130
Tc = 110°C, tp=10ms, Half Sine Pulse
Repetitive peak Forward Surge Current:
Freq =0.1Hz, 100 cycles 110
) Irrm A
Tc =25°C, tp=10ms, Half Sine Pulse 100
Tc = 110°C, tp=10ms, Half Sine Pulse
Total power dissipation : 250
Tc=25°C Pp W
Tc=110°C 108
Single Pulse Avalanche Energy:
Eas 100 mJ
L=2mH, IAS =10A
Diode dv/dt ruggedness:
dv/dt 80 V/ns
Vr = 0-1200V
Operating Junction Temperature T; -55to 175 °C
Storage Temperature Tste -55to 150 °C
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Thermal Resistance

Parameter Symbol Typ. Max Unit
Thermal resistance, junction-case Ruuc 06 075 oC/W
Electrical Characteristic
Tc =25°C, unless otherwise specified
Value
Parameter Symbol Unit Test Condition
Min. | Typ. | Max.
DC Blocking Voltage °
Ve 1200 \Y4 Tj=25°C
Forward Voltage Ir = 20A
1.45 18 Tj=25°C
' 1.8 : \% e
20 Ty=125°C
Tj=175°C
Reverse Current Vr= 1200V
10 200 T=25°C
Ir 20 250 | uA e
50 300 Ty=125°C
Tj =175°C
Total Capacitive Charge Vr =800V
Qc 93 nC Ty = 25°C
Total Capacitance Vr=1V
1120 Vr =400V
C 92 pF B
62 Vr =800V
T;=25°C, Freq = 1MHz
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Characteristics Curve
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LGE3D20120H
Silicon Carbide Schottky Diode
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DIMENSIONS
SYMBOL NOTES
MIN NOM MAX
Package Outline: TO-247-2L : : j: T: z ;
Az 1,50 2.00 249
b 1,12 1,20 1,33
+}] 1.12 1.20 1.28
b2 1.4 2.00 239 [
b3 1.9 2,00 2,34
G 0.58 0.60 0.69 6
ci 0.55 0.60 0.65
D 20,80 20,95 21.10 4
o 16.25 16.55 17.65 5
02 0.51 1.18 1.5
E 16.75 15,94 16,13 4
E1 13.46 14,02 14,16 5
E2 4.32 4 .91 5.49 3
8 5.44B5C
L 10,81 20,07 20.32
L1 4.10 219 4.40 6
eP 3,56 3,81 3,65 7
&P T.19REF
Q 5,30 5,79 6,20
5 6.04 6.17 6.30
Packge Packing Box Size Quatity(pcs/box) Carton Size Quatity(pcs/carton)
LxWxH(mm) LxWxH(mm)
T0-247-21 30pcs/Tube 570x155x50 450 580x340x125 1800
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