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Premium dual-RG59 coaxial cable, 300 m

CCP-RG59D-001-300M

Specyfikacja

Type: RG59 + power
Coaxial cable specifications:
Impedance: 75 Ohms

Cechy produktu Core: 0.81 mm bare copper
di-electric: 3.66 mm foamed PE
- Combination of RG59 coaxial cable (foil shielded) and 2-wire power Foil shield material: Aluminium
cable Braiding: 64 x 0.12 mm CCA
- Professional quality, copper material Outside jacket material: PVC
- Perfect for connecting CCTV cameras Outside diameter: 6.1 mm
Power cords specification:
Conductor: 7 x 0.39 CCA stranded (2x)
Insulation: PVC
Outside jacket material: PVC
Outside diameter: 5.0 mm
Color: black
Length: 300 m (spool)
Summary specification: (0.81BC+3.66FPE +SALB+64/0.12CCA + 6.1PVC) +
. ((70.39CCA +2.0PVC)2C+5.0PVC)
Opakowanie
Ilo$é sztuk w kartonie 1
Objetos¢ kartonu 0.043
Waga kartonu, kg 20.2
Wymiary opakowania: 360x360x315 mm
Wymiary kartonu DxSxW 365x365x325 mm
Kraj pochodzenia CN
Kod kreskowy EAN 8716309081184
Kod celny 8544200090
Certyfikaty
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