Specyfikacje produktu

Eaton PV-80ANH1-B

EF.T-N

Poweering Busingss Worldwide

Catalog Number: PV-80ANH1-B

Fuse-link, high speed, 80 A, DC 1000 V, NH1, gPV, UL PV, IEC,
UL, dual indicator, bolted connection

Product Name

Eaton Bussmann series photovoltaic
fuses

EAN

5027590411912
5027590353571

Gross Weight
1.221 kg
14.652 kg

Width
137 cm
280 mm

Volume

3689.136 cm?
18865 cm?

Product Length/Depth
135 mm

Product Width

40 mm

Compliances
CE Marked
RoHS Compliant

General specifications

Catalog Number

PV-80ANH1-B

Packing Unit
Pack

Case Pack

Quantity
3
36

Length
132 cm
385 mm

Height
68 cm
175 mm

ERP Name

SAP-UNITY
SAP-UNITY

Product Height

40 mm

Product Weight
0.001 kg

Certifications
IEC 60269
UL Listed
CSA Certified


https://www.eaton.com/pl/pl-pl.html

Elektryczna moc znamionowa Dane fizyczne

Amperage Rating
80 A

Interrupt rating

50 kAIC

Voltage rating
1000 Vvdc

Watt losses

155W

Color

White

Fuse type
PV-ANH1

Material

Ceramic body

EF.T-N
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