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Monitor desk stand, height adjustable

- Position your screen perfectly for an optimal ergonomic position

- Compact space saving solution

Specifications

Material: aluminum, steel, plastic
Surface finish: powder coating

Color: black
Weight capacity: 2 ~ 7 kg
- Height adjustable monitor desk stand VESA compatible: 75 x 75, 100 x 100 mm
- Easy stepless height adjustment between 265 415 mm Height adjustment: 265 ~ 415 mm
- Allows to swivel and tilt your display and enables rotating the display Tiltrange: +15°~-15°
from landscape-to-portrait mode Swivel range: +40 °~-40°
- Works with almost any LCD monitor (max. 32" / 7 kg) Screen Rotation: +180 ° ~ -180 °
- Stable base plate for secure placement on any desk Net weight: 2.96 kg
- Built-in cable management for an organized and neat workspace Dimensions: 240 x 200 x 570 mm

VESA compatible (100 x 100 mm and 75 x 75 mm)

Q'ty in crtn, pcs 4

Crtn volume, CUM 0.082264 =

Crtn weight, kgs 15.49 # 918& ()
Individual package size LXWxH: 441x275x100 mm ¥ A RoHS
Carton size LxWxH: 565x455x320 mm

Country of origin CN

Barcode 8716309127622

Customs code 8302500000

Package contents

Monitor stand
User manual
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