306,/305*

289/288*
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243

186.9

Kernloch f. M3 , 6 tief / Icore hole M3, 6 deep

Domhdhe / dome height = 5.4
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323/324%

137.7

137.7

211.5

193.5

zusdtzliche Befestigungsmdglichkeit fiir Riickwand

additional attachm. possible f.front/lreorponel
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* MaB durch Formkonizitdt verringert / Conical shape tapering downwards

FreimaB—Toleranz DIN 1688—GTA 13/5 / open tolerances DIN 1688—GTA 13/5

Wavetron
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