S',""" Extension cable Plug to S/T

Your only power source @

RoHS

Extension cable Plug (2.1x5.5x11-S to S/T) 2wc 0.2m
Extension cable Plug (2.5x5.5x11-S to S/T) 2wc 0.2m

Country of Origin China

Operating Temperature 0+40[°C]

Cable type 20AWG - 2wc

DC Connector 2.1x5.5x11 with center springs
2.5x5.5x11 with center springs

Max. load 5A

Weight N.W.: 69/ pc

Packing bunch Various [pcs] 50

Extension cable Plug (2.1x5.5x11 to S/T) 2wc 0.8m
Extension cable Plug (2.5x5.5x11-S to S/T) 2wc 0.8m

Country of Origin China

Operating Temperature 0 +40[°C]

Cable type 20AWG - 2wc

DC Connector 2.1x5.5x11 with center springs

2.5x5.5x11 with center springs

Max. load 5A
Weight N.W.: 169/ pc
Packing bunch Various [pcs] 20

Extension cable Plug (2.1x5.5x11 to S/T) 2wc 1.5m

Country of Origin China

Operating Temperature 0 +40[°C]

Cable type 20AWG - 2we

DC Connector 2.1x5.5x11 with center springs
Max. load 5A

Weight N.W.: 27g I pc

Packing bunch Various [pcs] 10

Extension cable Plug (2.1x5.5x11-S to S/T) 2wc 2.0m

Country of Origin China

Operating Temperature 0 +40[°C]

Cable type 20AWG - 2wc

DC Connector 2.1x5.5x11 with center springs
Max. load 5A

Weight N.W.: 50g / pc

Packing bunch Various [pcs] 10
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Svnny

Your only power source @

Extension cable Plug to S/T

RoHS

Extension cable Plug (2.1x5.5x11 to S/T) rc 3.0m

Country of Origin
Operating Temperature
Cable type

DC Connector

Max. load

Weight

Packing bunch

China

0 +70[°C]

20AWG - 3.9/2RC

2.1x5.5x11 with center springs
5A

N.W.:81g/pc

Various [pcs] 5

Extension cable Plug (2.1x5.5x11 to S/T) rc 4.0m

Country of Origin
Operating Temperature
Cable type

DC Connector

Max. load

Weight

Packing bunch

Sonny

Your only power source @

China

0 +40[°C]

20AWG - 3.9/2RC

2.1x5.5x11 with center springs
5A

N.W.: 105g / pc

Various [pcs] 5

Extension cable Plug and Plug

RoHS

Extension cable Plug and Plug (2.1x5.5x11) rc 0.5m

Country of Origin
Operating Temperature
Cable type

Maximum Load

DC Connector types
Weight

Packing bunch

China

0 +70[°C]

20AWG -RC

5A max.

Plug 2.1x5.5x11 with center springs
N.W.:21g/pc

Various [pcs] 150

Extension cable Plug and Plug (2.1x5.5x11) rc 1.0m

Country of Origin
Operating Temperature
Length / cable type
Maximum Load

DC Connector types
Weight

Packing bunch

www.sunny-euro.com

China

0+70[°C]

20AWG -RC

5A max.

Plug 2.1x5.5x11 with center springs
N.W.: 34g / pc

Various [pcs] 20
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