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SWITCHING CIRCUIT

ROCKER SWITCH MODEL MR2 SERIES
RATING:10(4)A 125/250V~T55 (cURus/ENEC15)

DIELECTRIC VOLTAGE-WITHSTAND:1,500VAC FOR 1 MINUTE
INSULATION RESISTANCE:DC 500V 100M£] (MIN.)

CONTACT RESISTANCE:20m£[ INITIAL (MAX.)
WATERPROOF GRADE:IP68

MOUNTING HOLE
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