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USB 2.0 Type-C Cable

Technical Features
Color Black
Interface USB/USB-C
Connector Process Gold-plated
Transmission Direction USB - USB-C
Data transfer rates 480Mbps
OD 4.0mm
Jacket TPE + Nylon braided
Casing PVC
Output current 3A Max
Rated power 60W Max
Length Art.No. EAN Code
0.25m CTFBC 6922794766549 
0.5m CTFBD 6922794766556 
1m CTFBF 6922794766563 
1m (color box) CTFBF-SCB 6922794770324 
1.5m CTFBG 6922794766570 
1.5m (color box) CTFBG-SCB 6922794770331 
2m CTFBH 6922794766587 
2m (color box) CTFBH-SCB 6922794770348 
3m CTFBI 6922794766594 

Package Contents

USB 2.0 Type-C Cable x 1

Packaging Information

Packing Dimension 14*10cm(0.25m)/ 22*15cm(0.5m)/22*15cm or 17*8*2cm(1m-2m)/ 26*19cm(3m)

Packing Weight
0.016kg(0.25m)/ 0.024kg(0.5m)/ 0.032kg(1m-PE bag)/ 0.046kg(1m-color box)/ 0.037kg(1.5m-PE 
bag)/ 0.055kg(1.5m-color box)/0.05kg(2m-PE bag)/ 0.064kg(2m-color box)/ 0.073kg(3m)

Carton Dimension 48*29*29cm

Carton Qty
500pcs(0.25m)/ 300pcs(0.5m)/ 200pcs(1m-PE bag)/ 102pcs(1m-color box)/ 200pcs(1.5m-PE 
bag)/ 102pcs(1.5m-color box)/150pcs(2m-PE bag)/ 102pcs(2m-color box)/ 100pcs(3m)

Carton Weight 9kg(0.25m)/ 8.2kg(0.5m)/ 7.4kg(1m-PE bag)/ 5.692kg(1m-color box)/ 8.4kg(1.5m-PE bag)/ 
6.61kg(1.5m-color box)/8.5kg(2m-PE bag)/ 7.528kg(2m-color box)/ 8.3kg(3m)
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