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FCN NO. DATE DESCRIPTION

C210021 2021/01/07
C210228 2021704701
222003 2022712121

|

Connector

\Lﬁqb\e

Note:
¥ RoHS Compliant
t+ @O Important dimension
¥ Waterproof rate: P68, mated Im/24h
IP69K, mated

¥ Connector

Housing: Thermoplastic, Black

Pin: Copper alloy, Gold plated
A\Nut: Metal

Outer Mold: Thermoplastic, Bl
¥ Cable: UL20549, PUR Jacket, B
¥ Cable Length Tolerance: 0.5M
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+60/-0 mm
+120/-0 mm
o +160/-0 mm
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| 7P » MI2ATTML - [ 2AML - SBXXX

| 2P MI2AT2ML -1 2AML - SBX XX

0P ‘ MI2ATOML -1 2AML - SBX XX

8P : MI2A08ML - 1 2AML - SBX XX

6P : MI2A0BML - 1 2AML - SBX XX

MI2AXXML - I 2AML - SB XXX 5p : MI2A05ML - [ 2AML-SBXXX

‘ ‘ __]_ 4p : MI2A04ML - | 2AML - SBX XX
XX: No. Of Pin

XY 0 5~99Meters 3p . MI2A03ML -1 2AML - SBX XX

2; 02 Meters

99: 99 Meters

White/Gray  B/K
Yellow/Brown =/1%
White/Yellow B/=
Brown/Green 132/
White/Green B/#&
Red/Blue A/
Gray/Pink /4
Violet %
Red
Gray
Black
Yellow
Pink
Green
White

Red/Blue
Gray/Pink
Violeft
Black
Red

Blue
Pink
Gray
Yellow
Green
Brown

O — PO

Violeft
Black
Red j Red
Blue & Blue
Pink * Pink
Gray X Gray
Yellow Yellow
Green 1 Green
Brown B Brown
White
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Pin Assignments Front View
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