ECN NO. DATE DESCRIPTION
C210022 2021/01/07
C210229 2021704701
222004 2022112728
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Connector Connector

Note:

¥ RoHS Compliant

* @ Important dimension

ZS@ Waterproof rate: P68, mated Im/24h
IP69K, mated

* Connector
Housing: Thermoplastic, Black
Pin: Copper alloy, Gold plated
/\Nut: Metal
Outer Mold: Thermoplastic,
¥ Cable: UL25IT, PVC Jocket,
* Cable Length Tolerance: 0. +60/-0 mm
+120/-0 mm
C4160/-0 mm
© 2100 mm
2 2200 mm
© 2300 mm
99M: £500 mm
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| 2P MI2AT2MR -1 2AMR-SDXXX

K ‘ M12ATOMR- [ 2AMR-SDX XX
8P » MI2A08MR - [ 2AMR-SDX XX
6P » MI2A06MR - [ 2AMR-SDX XX
5p » M12A0S5MR- [ 2AMR-SDX XX
MIZAXXMR -1 2AMR-SDXXX 4P » MI2A04MR- | 2AMR-SDXXX

XX No Of Pin 3P i MI2A03MR - 2AMR-SDXXX
XXX 0.5~99Meters

Contacts [tem No.
AOS: 0.5 Meter

[ 0l Meter
2. 02 Meters

99: 99 Meters
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