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ECN NO.

DATE

DESCRIPTION

C210024

2021/01/12

C210235

2021/703/24

C222001

20227121729
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Pin Assignments Front View
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Cable

Connector
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XX: No. Of Pin D 0.9
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Note: AAA

¥ RoHS Compliant
¥ QO Importont dimension
x Cl
Z}Wq%erproof rate: P68, mated Im/24h
[P69K, mated
Housing: Thermoplastic, Black
Pin: Copper alloy, Gold plated
O-Ring: Rubber, Green
Nut: Metal
Outer mold: Thermoplastic, Black
¥ C2
ZﬁxWa%erproof rate: P68, mated Im/24h
[P69K, mated
Housing: Thermoplastic, Black
Pin: Copper alloy, Gold plated
Nut: Metal
Outer mold: Thermoplastic, Black
¥ Cable: UL20549,
¥ Cable length tolerance: 0.5M
IM <
M <
5M <
[OM < L
cOM < L
30M < L

<
3M:
5M:
[ OM:
20M:
30M:
99M:

AN IN T

A I IA

224x5C, OD=4 . 4mm, PUR Jacket
IM: +60/-0 mm
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+120/-0 mm
+160/-0 mm
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£200 mm
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+0.5 mm
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(QC): Inspection item
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DATE

2018-12-1
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