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C201808 2020/11/19
C210497 2021703731
C230014 20227121730
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* @D Important dimension
Zﬁg Waterproof rate: [P68, mated Im/24h
IP6IK, mated
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/ENMSBP XML - SBPML - SBYXX " lomnector |
ousing: Thermoplastic, Black

Pin # Wire ‘ -
XX: No. Of Pin . Pin: Copper alloy, Gold plated
PN XXX: 0.5~99Meters Nut: Thermoplastic, Black
AOS: 0.5 Meter Outer mold: Thermoplastic, Black
©) Oﬂ 001: | Meter Cable: UL20549, 22#5C, OD=4.4mm, PUR Jacket, Black
@) 002: 2 Meters Cable length tolerance: 0.5M < L £ I[M: +60/-0 mm
5

4 : IM < L = 3M: +120/-0 mm
O 099: 99 Meters M < L £ 5M: +160/-0 mm
SM < L [OM: 100 mm
[OM < L = 20M: £200 mm
5P OM < L = 30M: £300 mm
Pin Assignments Front View 30M < L = 99M: £500 rm
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o Y /ANISBPXHHL - SBPHL - SBXKI Rito 2018-12-10

‘ (] il— /-\ CUSTOMER APPROVED BY DATE
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