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Material:

® |fem @ Male contact pin: Copper Tin plated
® lfem ® Terminal{housing): Thermaplastic (UL9LV-0)

b/_\ Electrical:
[ . W|_350 300V

55

| 2.4 ~ @ Voltage rating:
150 Y 1.00 @ Current rating: 10A
PCBLAYOUT T 100 @ Withstanding Voltage: 16 KV

® Operating temperature:  -40°C to +115°C
® Soldering temperature: ~ 250°C10°C/5 Sec
@ Safety Approval:
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m 1 COLOR In copper Alloy
w Ll 0 Black (RAL900S)
- 2 Red (RAL3001/D) L~ 0000 Standard @ Logo
3 A 3 OrangelRAL20T1/P) 000A Standard ANY Logo
L Yellow(RAL1018/A) Any special item by
5 Green(RAL6018/T) customer request,
W 3.6 ! 57 ! 6 Blue (RAL5015/A) please contact sales
8 Grey(RAL7035/D) department.
9 White(RAL1102)
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