DATE DESCRIPTION APPROVER
2010.01.25|Add cULus standard Jacke
2010.01.25{The design is changed Jacke
2010.03.31 Add the 2p mark Jacke
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Materials

Item a Terminal body:Thermoplastic (UL94V-0)
ltem b Terminal Cover:Thermoplastic (UL94V-0)
2P Itfem ¢ Female contact :PhBz(CuSn), Tin plated

g
w S —
J|;|| a Electrical

® Voltage rating: 300VAC

® Currenf rating: 10A

® Withstanding Voltage: 1.6kv

DimA @ ® Operafing femperature: -40°C to +115°C
19.0 ® ® Soldering temperature: 250°C+10°C/5 Sec
' A o Safety Approval:  SRus
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No. OF POLES
02 2 CONTACTS o L 0000: "@" Logo (Standard]
— - S E— 03 3'CONTACTS otor 000A: "ANYTEK" Mark
0160 | 0 Black RALS0OS) "0 oo by
! ' 16 16 CONTACTS 2 Red RAL300VD) — ¢ystomer requst.
| = 3 0range((RAL2011/P} please contact sales
, I g 4 Yellow(RAL1018/A department.
| © o\\e © 9—|—§J 5 Green(RAL6018/T)
. LR 6 Blue [RAL5015/A)
8 Grey(RAL7035/D)
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‘{T INSPECTION COPY
PCB LAYOUT A N E K ALL RIGHTS RESERVED. REPRODUCTION OR ISSUE TO THIRD PARTIES IN ANY
FORM WHATEVER IS NOT PERMITTED WITHOUT WRITTEN AUTHORITY FROM THE

PROPRIETOR. PROPERTY OF ANYTEK TECHNOLOGY CO., LTD

TITLE V715 Series Right-angle (2P 16P)

A PART NO. | V7xxATx1xxxxG DWG NO. | 8V70402 A
Poles| 02 | 03 | 04 | 05 | 06 | 07 | 08 | 09 | 10 | 1 [ 12 | 13 | 14 | 15 | 16 APPROVED | CHECKED | DESIGNED | DRAWN | cusT No. Tolerance
Dim A| 13.0 |20.5 [28.0 {355 [43.0 [ 505 | 58.0 [655 |73.0 |80.5 |88.0 | 955 [103.0 [110.5 [118.0 N X. gg
DimB| 7.5 15.0 | 225 30.0 | 37.5| 45.0] 525 60.0] 675] 75.0| 825 90.0| 97.5[105.0 ] 112.5 Jacke Jacke @6 SCALE 05500 | XXX 301
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