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SIGN | DATE DESCRIPTION APPROVER
A\ [10/26'09 | Wire guard solder pin is Changed from Brass to Copper | Aaron
A 1170910 | Addis * vDE " Aaron
A
@331 Dim A DIMENSION A
- Poles Tolerance A
162 © 0090 @ Dim L | Nx7.62 —| 4p-8p +0.15 THIS IS CAD DRAWING, DO NOT REVISE MANUALL Y11
3 | Dim A | (N-1x7.62 9p-12p 2025
A N=Number of contacts 13p-16p +0.35 Material: ) ) )
® ltem 1 Terminal housing:Thermoplastic (UL 94V-0)
® |fem 2 Clamp: Brass Ni plafed

I“Z"I // I“Z"I I“Z"I A ® ltem 3 Wire guard solder pin: Copper ,Tin plated

non

@ 200
O 190

. q Q 1 ® ltem 4 Terminal screw: Steel Zinc plating”-"slot type
2 D@ @ @O A Electrical cULus VDE
® ] 7 e Voltage rating: 300VAC 750V
@ Current rafing: 20A 2LA
e Wire range : 0.2-2.5mm*
@ Solid wire(AWG): 12-30
@ DimL 0.6 o Stranded wire(AWG): 12-30
e Torque(Lb-In): 3.5 0.5N.m
e Screw: M3
1 e Wire strip length: 6-7mm
e Withstanding Voltage: 1.6KV 3KV
n [ .13 e Operafing temperature: -40°C fo +115°C

e Soldering temperature: 250°C+10°C/5 Sec
e Safefy Approval:
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04 4 CONTACTS
N=Number of contacts (:5 05 5 CONTACTS

No. of poles Black (RAL9005) 0000:"@"Logo (Standard )
Red (RAL3001/D) 000A:"ANYTEK"Logo
Orange(RAL2011/P)  Any special item by
Yellow(RAL1018/A)  customer request,
Green(RAL6018/T) please contact sales

Blue (RAL5015/A)  department.
Grey(RAL7035/D)
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