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Standard Part List (With HVIL)

P/N

Model NO.

Dimension “A”

Accepted Wire

AC-HA000749

PLO82X-61-2. 5

AC-HA001084

PLO82U-61-10

AC-HA000750 PLO82Y-61-2. 5 2. 3mm 2.5mr” Unshielding wire
AC-HA000751 PLO82U-61-2. 5

AC-HA000752 PLO82X-61-4

AC-HA000753 PLO82Y-61-4 3. Omm 4’ Unshielding wire
AC-HA000754 PLO82U-61-4

AC-HA000755 PLO82X-61-6

AC-HA000756 PLO82Y-61-6 4. Omm 6mn’ Unshielding wire
AC-HA000757 PLO82U-61-6

AC-HA001082 PLO82X-61-10

AC-HA001083 | PL0O82Y-61-10 ®4.5mm | 10mn® Unshielding wire

Standard Part List (Without HVIL)

P/N

Model NO.

Dimension “A”

Accepted Wire Size

AC-HA000758

PLO82X-60-2. 5

AC-HA001087

PLO82U-60-10

AC-HA000759 PLO82Y-60-2. 5 ®2. 3mm 2. 5’ Unshielding wire
AC-HA000760 PLO82U-60-2. 5

AC-HA000761 PLO82X-60-4

AC-HA000762 | PLO82Y-60-4 #3.0mm | 4m’ Unshielding wire
AC-HA000763 PLO82U-60-4

AC-HA000764 PLO82X-60-6

AC-HA000765 PLO82Y-60-6 @4, Omm 6’ Unshielding wire
AC-HA000766 PLO82U-60-6

AC-HA001085 PL0O82X-60-10

AC-HA001086 PLO82Y-60-10 ®4. bmm 10mn? Unshielding wire
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