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163A11209X CONEC ABC
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1 SEE NOTE 4

NOTES:

1. METALSHELLS: STEEL; min. 315pin TIN over 40-80uin NICKEL
2. INSULATORS: PBT GF UL 94 V-0, BLACK
3. CONTACTS: COPPER ALLOY

PLATING: GOLD FLASH over NICKEL

4. CONNECTOR IS PART MARKET: E63A11209X CONEC ABCj

. 2|2 tolerance scale: 2:1 (5:1)
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