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FIXING-PLATE

15.88:0.25

METAL BRACKET

SEE NOTE 9

APPROVAL # FREIGABE # DEBLOCAGE # AUTOR/ZACION # APPROVAL

CUSTOMER APPROVAL DATE:

RoHS compliant

|used for:

D-SUB Dual Port

B +0.25 C

D -03

Part-NO.

2512 | 3330345

6.12

163A15209X

38.84 | 47.042013

5.99

163A15219X

55.30 [ 63.50 =013

5.99

163A15229X

7.19:0.3

2.84

(3.81)

13.84203

2.84

NOTES:

1. METALSHELLS: STEEL; min. 315pin TIN over 40-80pin NICKEL

2. INSULATORS: PBT GF UL 94 V-0, BLACK
3. CONTACTS: COPPER ALLOY

PLATING: 8pin HARD GOLD OVER min. 50pin NICKEL
. METAL BRACKET: STEEL; min. 320pin TIN over 80pin NICKEL
. THREADED INSERT: COPPER ALLOY; min. 20Qpin TIN over 80pin NICKEL

. FIXING-PLATE: PBT GF UL 94 V-0, BLACK
. P.C.B. HOLE DRILLINGS ON SHEET 2 + 3
. MAXIMUM TORQUE VALUE FOR THREAD: 6 in.L

B

COMPANY NAME:

APPROVAL # FREIGABE # DEBLOCAGE # AUTOR/ZACION # APPROVAL

NODVZ/40.1NV # 39v101830 # 38VIIYd # TVACYddV

THIS DRAWING MAY NOT BE COPIED OR

BE PASSED ON TO A THIRD PARTY WITHOUT

WRITTEN PERMISSION.

OWNERSHIP AND COPYRIGHT OF CONEC GmbH

DO NOT ALTER CAD DRAWING BY HAND

tolerance

2:1

material:

dim. in mm

SEE NOTES

2006 date name title:

drawn | 09.10. Lehmenkdihler

appd. 10.10. Mickenbecker

norm DIN 41652

DUAL PORT 15.88mm
MALE / MALE 2x15pos. - 2x37pos.
with threaded insert

d-old

dwg no:

Origin

[AuboCAD 2006 |
16K1A1909

DIN-A
3

sh:1/3

.[description

SONET

part no:

SEE TABLE

[~ REPRODUCED IN ANY WAY, AND MAY NOT
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|used for:  D-SUB Dual Port
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APPROVAL # FREIGABE # DEBLOCAGE # AUTOR/ZACION # APPROVAL
CUSTOMER APPROVAL DATE:

tolerance scale: 21
material: SEE SHEET 1

dim. in mm
2006 date name title:

drawn | 99.10. | Lehmenkiihler P.C.B. HOLE DRILLINGS
appd. [ 10.10. | Mickenbecker DUAL PORT 15.88mm MALE / MALE
norm DIN 41652 with threaded insert

d-old dwg no: AutoCAD 2006 [DIN-A
fl\l.l'f‘” 16K1A1909 T

ol parf no:  SEE SHEET 1
2 | 1

COMPANY NAME:

NODVZ/HOLNV # 39¥101830 # 38VDI3Yd # TVAGYddY|
BE PASSED ON TO A THIRD PARTY WITHOUT

WRITTEN PERMISSION.
DO NOT ALTER CAD DRAWING BY HAND

OWNERSHIP AND COPYRIGHT OF CONEC GmbH

THIS DRAWING MAY NOT BE COPIED OR
[ REPRODUCED IN ANY WAY, AND MAY NOT

___APPROVAL # FREIGABE # DEBLOCAGE # AUTOR/ZACION # APPROVAL description




2 1
used for: D-SUB Dual Port
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APPROVAL # FREIGABE # DEBLOCAGE # AUTORIZACION # APPROVAL
CUSTOMER APPROVAL DATE:

17.96+0.1

20.7+0.1

COMPANY NAME:

23.47£0.1

2x37 pos.

tolerance scale: 2:1
material: SEE SHEET 1

dim. in mm
2006 name fitle:

drawn Lehmenkiihler PCB HOLE DRll_l_lNGS
appd. Mickenbecker DUAL PORT 15.88mm MALE / MALE
norm with threaded insert

d-old dwg no: |AutoCAD 2006 [DIN-A

”\I~|Ec® 16K1A1909 =
|

NOIDVZRIOLAY # 39V101930 # 3GVDIIYd # TVAOUIJV

APPROVAL # FREIGABE # DEBLOCAGE # AUTORIZACION # APPROVAL

BE PASSED ON TO A THIRD PARTY WITHOUT

WRITTEN PERMISSION.
DO NOT ALTER CAD DRAWING BY HAND

THIS DRAWING MAY NOT BE COPIED OR
REPRODUCED IN ANY WAY, AND MAY NOT
OWNERSHIP AND COPYRIGHT OF CONEC GmbH

-y partno-  SEE SHEET 1
2 | 1
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