
1

1

2

2

3

3

4

4

5

5

6

6

A A

B B

C C

D D

dim. in mm

R

date

drawn

TH
IS

 D
RA

W
IN

G
 M

AY
 N

O
T 

BE
 C

O
PI

ED
 O

R
RE

PR
O

D
UC

ED
 I

N 
AN

Y 
W

AY
, A

ND
 M

AY
 N

O
T

BE
 P

AS
SE

D
 O

N
 T

O
 A

 T
HI

RD
 P

AR
TY

 W
IT

HO
UT

W
RI

TT
EN

 P
ER

M
IS

SI
O

N.
O

W
NE

RS
H

IP
 A

N
D

 C
O

PY
RI

G
H

T 
O

F 
CO

NE
C 

G
m

bH

d-old

norm

appd.

tolerance
material:

title:

dwg no: DIN-

sh:

part no:

namedate

namedescriptionrev.DO
 N

OT
 A

LT
ER

 C
AD

 D
RA

W
IN

G 
BY

 H
AN

D scale:

16K1A3619
A3

1 

PLASTIC HOOD

SEE NOTES

Heinrich 14.04.2015

14.04.2015 Lehmenkühler

 

15pos.
with straight cable exit

16K1A707

 

2:1

165X13379X / 600X10015XS

a Original

5 x b Ä5607 14.04.15 M.H.

1 x c Ä21-0233 06.06.2024 JLE

CABLE STRAIN RELIEF (1x) LENS HEAD SCREW (2x)

SHORT SCREW (2x) PRESS INSERT (1x) COVER SCREW (2x)

NOTES:

1. HOOD + COVER: PBT UL 94 V-0; BLACK

2. CABLE STRAIN RELIEF: STEEL; NICKEL PLATED

3. PRESS INSERT: ABS UL 94 V-0; BLACK

4. SHORT SCREWS: BRASS; NICKEL PLATED

5. COVER SCREWS: STEEL; NICKEL PLATED

6. LENS HEAD SCREWS: STEEL; NICKEL PLATED

 

TECHNICAL DATA:

- TEMPERATURE RANGE: - 40°C to + 125°C

11Ø
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b

b

b
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33,34-40 UNC

16,3

b

41,2

c

ROHS compliant, exemption 6c/
ROHS konform, Ausnahme 6c


