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MATERIAL:
HOOD: ABS UL 94 V-0, METALLIZED

SPRING: STEEL; TIN PLATED
SLIDE LOCK: STEEL; NICKEL PLATED
SREWS: STEEL; NICKEL PLATED

BLIND PLUG: ABS UL 94 V-0; METALLIZED
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