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COVERED SCREEN CAP

SEE NOTES

Parei26.04.01

26.04.01 Mickenbecker
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for socket connector

 

 

2:1

SEE TABLE

a Original

2 x b Ä 1872 29.10.2003 Lehm.

2 x c Ä 2440 10.02.2006 Lehm.

3 x d Ä 3463 20.10.2009 Petker

1 x e Ä 3626 22.04.2010 K.H.

3 x f Ä 3968 11.05.2011 Lehm.

PART-NO. CONEC  ABC

d

f

f

d

 NOTES:
  1. SCREEN CAP: STEEL; TIN PLATED

  2. MALE SCREWS: BRASS; NICKEL PLATED

  3. RETAINING CLIPS: STAINLESS STEEL

  4. CONNECTOR IS PART MARKED:  PART-NO.  CONEC  ABC
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Directive 2002/95/EC RoHS compliant
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POS. A -0.76
 Part-No.
 Bulk Package
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