Technical specification:
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RoHS & REACH compliant
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Shroud: spring steel, nickel plated
Installation specification:
recommended 0,8-1 Nm
torque:
Conec Torque wrench:
installation tool: 36-000200
Insert across flats 14:
. 36-000370
Pin Layout Insert across flats 15:
PCB 1,60mm 36-000320
feedthrough
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