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FIBER OPTIC
PIGTAIL

PRODUCT FEATURES:

- Pigtail with a length of 2 meters,

- High quality workmanship ensures very good transmission parameters,
- Repeatability of transmission parameters,

- Low attenuation,

- LSZH coating,

PRODUCT SPECIFICATION:

Connectors SC

Cable length 200 cm
Polishing standard UPC

Fiber optic type G657A1
Fiber Type Single-Mode
Fiber diameter 9/125

Cable Construction Easy Strip
Cable diameter 0,9 mm
Coating LSZH
Insertion loss 0,2dB
Return loss 60 dB
Environment temperature from -40 up to 85 °C
Minimum bend radius 10

Colour Yellow
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