FIBER OPTIC
PIGTAIL

PRODUCT FEATURES:

- Blister includes 12pcs, fiber optic pigtails,

- Pigtail with a length of 2 meters,

- High quality workmanship ensures very good transmission parameters,
- Repeatability of transmission parameters,

- Low attenuation,

- LSZH coating,

PRODUCT SPECIFICATION:

Connectors SC

Cable length 200 cm
Polishing standard UPC

Fiber optic type G657A1
Fiber Type Single-Mode
Fiber diameter 9/125

Cable Construction Easy Strip
Cable diameter 0,9 mm
Coating LSZH
Insertion loss 0,2dB
Return loss 60 dB
Environment temperature from -40 up to 85 °C
Minimum bend radius 10

Colour Multicolor

EAN-13: 5901969433456 Bulk packaging: Box ¢ 39 cm x 39 cm x 29 cm o 5,698 kg ¢ 50 pcs.
CAT.NO: FP-SCUP-SE21-1202-MC Despite all efforts, the manufacturer / distributor / seller does not guarantee that the published technical data, photos and

descriptions do not contain any deficiencies or mistakes. The above catalogue is for information purposes and does not
constitute an offer within the meaning of the Civil Code.




