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‘ ‘ Note:zémsx
|| — 211.0 = * RoHS Compliant
* @0 Important dimension
A* Waterproof rate: IP67, mated
N * Connector
~ Housing: Thermoplastic, Black
Pin: Copper alloy, Gold plated
O—Ring: Rubber, Green
— Nut: Thermoplastic, Black
Outer mold: Thermoplastic, Black
* Cable: PU Jacket, Black
* Cable length tolerance: 1M: +50/—0 mm
B M <L <£3M: +100/—=0 mm
3M < L < 5M: +150/-0 mm
5M < L < 10M: 100 mm
L 10M < L <20M: £200 mm
20M < L < 30M: £300 mm
S0M < L < 99M: £500 mm
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