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Housing: Thermoplastic, Black

<:> (:) Pin: Copper alloy, Gold plated

O-Ring: Rubber, Green

O Shield: Metal

Nut: Metal

3p 4P O-Ring: Rubber, Black

For panel thickness max: 4.5mm

Pin Assignment Front View Nut s packed separately in pe bag
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