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ECN NO. DATE

DESCRIPTION

C201808 2020/ 11/19

C210237 2021/04/06

C230019 2023/01/06

] |

Cable
Connector Connector

Note:
¥ RoHS Compliant
+ @Important dimension

[P6IK, mated
¥ Connector

Housing: Thermoplastic, Black
Pin: Copper alloy, Gold plated
Nut: Thermoplastic, Black
Outer Mold: Thermoplastic, Bl
Cable: UL20549, PUR Jacket, B
Cable Length Tolerance: 0.5M
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ZSﬁ Waterproof rate: P68, mated Im/24h

+60/-0 mm
+120/-0 mm
+160/-0 mm

2100 mm
o 2200 mm
2300 mm

99M:

£500 mm
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DATE

2018-12-07

TOLERANCE

SHEET oF

SIZE AA

UNIT:mm | @ ACC. SEN, A Code, DB-ENDED /N Amphenol LTW L. ek

/B\MSAPXXMR- SAPHR - SBX XX Rita

DATE

2018-12-01
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0.5 mm ’ e (QC): Inspection item ALTW

DATE

2018-12-01
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| 8
| 2P MSAP | 2MR - SAPMR - SBX XX

0P ' MSAPIOMR-SAPMR-SBXXX
8P . MSAPOBMR - SAPMR-SBXXX
Zﬁl 6P . MSAPOOMR - SAPMR - SBX XX
MSAPY YMR-SAPMR-SBX XX 5P . MSAPOSMR - SAPMR - SBX XX
__J_ 4p . MSAPOAMR - SAPMR -SBX XX
XX: No. Of Pin 3P . MSAPO3MR-SAPMR-SBXXX
XXX 0.5~99Meters
AO5: 0.5 Meter Contacts [tem No.

[0 0l Meter
2. 02 Meters

99 99 Meters
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Pin Assignments Front View

UNIT:mm | @ —F | AcC, SEN, A Code. D -ENDED N Amphenol LTW ‘  2018-12-01

TOLERANCE SIZE AA SHEET 2 oF MSAPXXMR’SAPMR’SBXXX | 20 ‘ 87 ‘ 2707
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