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MSAS -XXBMMA-SLT00I
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MI2*1.0

Connector
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DATE
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2021701714
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Via\
Note:
¥ RoHS Compliant
* @OImportant Dimension
[P67, mated
¥ Connector
Housing: Thermoplastic, Black
Pin: Copper alloy, Gold plated
Extension Nut: Metal
/\Nut: Metal
O-Ring: Rubber, Gray
Clamp Ring: Metal
O-Ring: Rubber, Gray
Clamp Cage: Thermoplastic, Black
Sealing Nut: Metal
Seal: Rubber, Gray, OD:QﬁA.Omm~Q§7>5mm

One set unassembled in one pe bag
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(QC): Inspection item
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ITEM NO

DRAWN BY DATE

Yulong_wang 2016-07-22

MSAS-XXBMMA-SLT001

CHECKED BY DATE

Jinhai 2016-07-22

CUSTOMER

APPROVED BY DATE

ALTW Jerry 2016-07-22
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