ECN NO.
C210309
C240347
C240766

DATE
2021/03/10
2024104712
2024707/05

STGN
Ruru
Vicky
Yunchen

DESCRIPTION

MSAS-XXPFFT-EE00O
Of Pin

XX: No.

ZS;This connector design is for pin:d~12

@D0.00 5" (Coplanarity 0.10Max.)

18.00 ‘
(Without Mylar)

@ole. 17 4+0.3

7

Connector

My lar

/ 0-Ring

te:

RoHS Compliant

@O Important dimension
Waterproof rate: Non-Woterproof
Connector

Housing: Thermoplastic,
Pin: Copper Alloy, Gold
Ground: Copper Alloy, Ti
Spring: Metal

O-Ring: Silicone, Black
Mylar: PI, Amber

DRAWN BY DATE

Yunchen
CHECKED BY DATE

Aric
APPROVED BY DATE

Fred

ITEM NO

UNTT :mm N SEN,
RECEPTACLE, F, F,

TOLERANCE
SIZE
i <0 : A
XXX . WC-REV
A

MIZ2 A -SHLD, NONE

PCB SMT

OF

2024/07/05
2024/707/05
2024707705

DWG NO

MSAS-XXPFFT-EE000Q]
ALTW

Amphenol LTW

S RERESROERAOERAT

SHEET

ANGLES

QC): Inspection item
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ZSXThis connector design 1s for pin:|7

@0 0.00 '5'"°(Coplanarity 0.10Max.)

18.00
(Without Mylar)

My\ar/ /

Connector

@®l2.1 £0.3

Zﬁx Note:

*

*
*
¥

RoHS Compliant

Important dimension
Waterproof rate: Non-Waterproof

Connector

Housing: Thermoplastic,
Pin: Copper Alloy, Gol
Ground: Copper Alloy,

Spring: Metal
Mylar: PI, Amber

d
T

UNTT :mm

TOLERANCE
X

XX

XXX
ANGLES

N SEN, MIZ2 A -SHLD, NONE

RECEPTACLE, F, F, PCB SMT AmpheIIOI LTW

SHEET

SIZE A4 P OF 5 o st N A=
Al JQCD: Inspection item ﬁﬁﬁmﬁi%ﬁﬁﬁpﬁ&ﬁl

WC-REV

ITEM NO

DRAWN BY

Yunchen

DATE

2024/07/05

DWG NO

CHECKED BY

MSAS-XXPFFT-EE000Q] Aric

DATE

2024/707/05

CUSTOMER

ALTW

APPROVED BY

Fred

DATE

2024707705
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13.6 40.2

Pin Assignment Front View

ITEM NO DRAWN BY DATE
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A £0 FREE 5 -
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% 4.0 £0. |
o/

OOOOOOO\OOOOOOOOOOOOOOOO

32.0 £0.3

NOTE :
@D* Connector Orient follow Drawing

U U U U U U U U U

1 ADTop of Reel

Peeling strength 0. [~1.3N Max.

Peeling anglel65 ~180°
\ (3001 0mm/min/)

|00PCS/Ree| v(vqgﬁro: ‘EPC”
With Product charge LThout charge

BOOmmCapprox [5pcs)
Without charge
ITEM NO DRAWN BY DATE

UNTT: N SEN, MI2 A -SHLD, NONE
o RECEPTACLE, F, F, PCB SMT A\ Amphenol LTW - S

TOLERANCE v ] MSAS-XXPFFT-EE000] Aric 2024/07/05

A £0 FREE 5 -
XX . o 4+ —} AN AN S| [custoner APPROVED BY DATE
RS ; D N ] J@D: Inspection item ZRASFERBOARAA ALTW Fred 2024/07/05
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Top of Reel——=

@@@ >

Note:
QZD 100 PCS(Connector)/TapedReel Put in a Box
— SPCS(Max. ) Box Put in a Carton
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