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FCN NO. DATE DESCRIPTION

C201786 2020/ 1 1/11
C210237 2021/03/26
C230014 2022/12/30

Vi

MSDPXXFR-SDPFR-SDXXX

” g XX: No. Of Pin
& XXX 0.5~99Meters

AOS: 0.5 Meter

Cable [0 01 Meter
Connector Connector 25 02 Meters

99 99 Meters

Nofe:

RoHS Compliant

@O Important dimension

Waterproof rote: [P68, mated Im/24h

IP69K, mated

Connector

Housing: Thermoplastic, Black

Pin: Copper alloy, Gold plated

O-Ring: Rubber, Green

Nut: Thermoplastic, Black

Outer mold: Thermoplastic, Black

Cable: ULZSIT, 22%#4C, OD=4 8mm, PVC Jacket, Black

Cable length ftolerance: 0.9M < L = [M: +60/-0 mm
IM < L M +120/-0 mm
M < L £ 5M: +160/-0 mm
M < L LOM: =100 mm

4P [OM < L = 20M: £200 mm

20M < L = 30M: £300 mm
Pin Assignments Front View 30M < L = 99M: £500 mm
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