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UNIT:mm FLO C SIZE CAT6A FI 8P SLKC-A08FGMS-GCP-225 Ouyang 2021-04-23
      TOLERANCE
 SLKC-A08FGMS-GCP-225 Jerry 2021-04-231:1 A4     1     1

ALTW Fred 2021-04-23A .0  QC :Inspection item
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REV. ECN NO. DATE SIGN DESCRIPTION

Pin Assignments
Front View

Note:
* RoHS Compliant
*    Important Dimension
* Waterproof Rate: IPX8, Mated 1m/24h
* Connector
  Housing: Thermoplastic, Black 
  Pin: Copper Alloy, Gold Plated
  Gasket / O-Ring: Rubber, Gray
* Clamp Ring: Metal
* Sealing Nut: Metal
* Seal: Rubber, Gray, OD: �n�6.2mm~�n�6.5mm
* One set assembled in one PE bag
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