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Materials

Item a Terminal housing : PA66 { UL9LV-0 )

I[tfem b Terminal screw: Steel Zinc plating "+/-" slof type
Item ¢ Wire quard : Stainless steel

Item d Terminal body: Brass(CuZn) ,Tin Plated

Electrical cULus
Voltage rating: 300VAC
Current rating: 15A

Wire range:

Solid wirelAWG): 12-26

Stranded wirelAWG): 12-26
Torque(Lb-In}: 3.5
Screw: M2.6
Wire strip length: 5-6mm
Withstanding Voltage: 1.6KV
Operating temperature: -40°C to +115°C
/A @ Soldering temperature: 260°C+5°C/5 Sec
A ® Safety Approval: &Ehs

® Crifical dimension: \¢/

11.9

A KZxx70x1xxxxG

{12.8)
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