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04 2x2 CONTACTS 0 Black 0000:"@"Logo (Standard )  Pb < 40,000ppm
06 2x3 CONTACTS 5 Green 000A:"ANYTEK"Logo (RoHS)
B 6 Blue Any special item by
L8 2x24 CONTACTS 8 Light Grey customer request,
please contact sales
department.
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