RFPC-SMA28-F

CUSTOMER PRODUCT SPECIFICATION SHEET

RFPC-SMA28-F : SMA Vertical Jack, PCB Connector, 6GHz

RoHS
Lompliant 4

Maferial and Plating:
Insulator: PTFE

Pin: Brass, Gold
Body: Brass, Gold

Specification:
Operafing Temperafure: -55°C~+125°C
Working Frequency Range: DC~6GHz
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