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GEOS-S-EPT 5040

175 325 300 150

GEOS-S-EPT 4050

250 475 400 225

GEOS-S-EPT 4030

250 2725 | 200 | 2725

GEOS-S-EPT 3040

150 325 300 125

GEOS-S-EPT 3030

150 2725 | 200 125

Type

A B C D

Fenlende BemaBungen konnen dem DXF entnommen werden
missing dimensions are provided in fhe DXF

Schutzvermerk IS0 16016 beachfen. Refer fo profection nofice IS0 16016.

Mafstan: 1.7

els

Masshlaft/ dimension sheef

Einbauplatte Tuer GEOS-S-EPT
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(Dateiname Modell:) M-GEOS-S-EPT

(Dateiname Zeichnung:) M-GEOS-S-EPT



