
INSTRUCTION MANUAL

Nozzles for FAE

FAE080, FAE081, FAE082, 
FAE083



Rectangular Nozzle 
for FAE .................................. 1 unit
Ref. FAE080
aprox. 170 x 90 mm / 6.69 x 3.54 in

Round Nozzle 
for FAE .................................. 1 unit
Ref. FAE081
aprox. ø 120 mm / ø 4.72 in

Metal Round Nozzle 
for FAE .................................. 1 unit
Ref. FAE083
aprox. ø 50 mm / ø 1.97 in

Large Rectangular Nozzle 
for FAE .................................. 1 unit
Ref. FAE082
aprox. 227 x 107 mm / 8.93 x 4.21 in

According to purchased reference, one of the following nozzles is 
included:

Packing List

This manual corresponds to the following references:

FAE080
FAE081
FAE082
FAE083

Manual .......................................................................................... 1 unit
Ref. 0020192
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Nozzle Replacement

The bayonet system makes it easy 
to change the nozzle.

To do this, hold the tube with one 
hand and with the other turn the 
nozzle counter-clockwise and pull 
it out to remove the nozzle.

Nozzle in use with 
hanging arm

Nozzle lying on 
the workbench

To install a new nozzle, align the 
bayonet, insert the new nozzle, 
and turn the nozzle clockwise to 
lock it in place.

The nozzles are designed in such 
a way that they can be used with 
a hanging arm or be lying on the 
workbench.
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This product should not be thrown in the garbage. 
In accordance with the European directive 2012/19/EU, electronic 
equipment at the end of its life must be collected and returned to an 
authorized recycling facility.

Warranty
JBC’s 2 year warranty covers this equipment against all manufacturing defects, 
including the replacement of defective parts and labour.
Warranty does not cover product wear or misuse. 
In order for the warranty to be valid, equipment must be returned, postage paid, to 
the dealer where it was purchased. 
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Nozzles

FAE080, FAE081, FAE082, FAE083
Nozzle for FAE

                       Ref. FAE080      Ref. FAE081    Ref. FAE082     Ref. FAE083
               rectangular                        round                  large rectangular            metal round

                                                                                    
-Total Net             146 g                145 g               217 g               125 g   
  Weight:            0.273 lb            0.273 lb            0.419 lb            0.273 lb 
 
-Package       225 x 215 x 165 mm  225 x 215 x 165 mm   330 x 260 x 215 mm   225 x 215 x 165 mm

 Dimensions:  8.86 x 8.46 x 6.50 in  8.86 x 8.46 x 6.50 in   13.0 x 1.24 x 8.46 in    8.86 x 8.46 x 6.50 in

-Package              412 g               356 g                650 g               363 g
 Weight:              0.908 lb           0.785 lb            1.433 lb            0.800 lb 
    
Complies with CE standards
ESD Safe


