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The HDMITM High Speed with Ethernet cable from LogiLink transmits audio, video and data with 
a maximum transfer rate of up to 8.16 Gbit/s. It supports resolutions up to 4K x 2K@30Hz as 
well as audio formats.

Made in China

Art-No. Cable Length EAN Code

CH0076 0.2m 4052792040555

CH0035 1m 4052792008081

CH0036 1.5m 4052792008098

CH0037 2m 4052792008104

CH0038 3m 4052792008111

CH0039 5m 4052792008128

CH0045 7.5m 4052792044911

CH0053 10m 4052792000818

CH0054 15m 4052792000825

CH0055 20m 4052792000832

Art. No.: CH0035
CH0036 CH0053

CH0045

CH0038 CH0055
CH0076CH0039

CH0037 CH0054

Features: 
» Connector 1: HDMI (Type A) 19-pin male
» Connector 2: HDMI (Type A) 19-pin male
» Bare copper wiring with gold-plated shielded connectors
» Supports Ethernet, 3D, 4K video and Audio Return Channel (ARC)
» Support video resolutions: 480i, 480p, 720p, 1080i, 1080p, 1440p, 2160p
» Max Data Transfer: Type A: 8.16 Gbit/s
» Color: Black

HDMITM High Quality Cable
High Speed with Ethernet, 4K/30Hz
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Made in China

Package Content:
» 1 x High Speed HDMI Cable

Package Information:

Art-No. Packing Dimension Packing Weight Carton Dimension Carton Q‘ty Carton Weight

CH0035 100 x 200 x 6mm 0.057kg 440 x 330 x 220mm 200pcs 12.1kg

CH0036 180 x 230 x 6mm 0.072kg 450 x 340 x 280mm 200pcs 15.1kg

CH0037 180 x 230 x 6mm 0.088kg 450 x 340 x 280mm 150pcs 14kg

CH0038 180 x 230 x 6mm 0.120kg 440 x 330 x 220mm 100pcs 12.8kg

CH0039 300 x 420 x 6mm 0.199kg 455 x 330 x 180mm 80pcs 16.7kg

CH0045 190 x 300 x 6mm 0.440kg 440 x 330 x 220mm 20pcs 9.5kg

CH0053 280 x 360 x 6mm 0.550kg 450 x 340 x 280mm 20pcs 12kg

CH0054 280 x 360 x 6mm 1.170kg 440 x 330 x 220mm 10pcs 12.4kg

CH0055 280 x 360 x 6mm 2kg 440 x 330 x 220mm 5pcs 11kg

CH0076 100 x 200 x 6mm 0.025kg 450 x 340 x 280mm 500pcs 16.2kg

Art. No.: CH0035
CH0036 CH0053

CH0045

CH0038 CH0055
CH0076CH0039

CH0037 CH0054

HDMITM High Quality Cable
High Speed with Ethernet, 4K/30Hz


