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Product model

ZD1001-A - Assembly

Format: A3

Material: ABS

Scale 2:1

Tolerance: +/- 0,3
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Product model

ZD1001-A - Enclosure

Format: A3

Material: ABS

Scale 2:1

Tolerance: +/- 0,3
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Product model ZDF1001-0
Format: A3 Material: ABS d
Scale 5:1 Tolerance: +/- 0,3 r
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Product model ZD Hook
Format: A3 Material: ABS d
Scale 5:1 Tolerance: +/- 0,3 r
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