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Notes:
Body material: PA66
Contact blades: Sn plated

D1110-j

D1120-d

D1130-d

iMaXX ref. Description

Diode 1A/1000V normOTO package ISO 1N-4007

Diode 2A/400V normOTO package ISO 1N-5060

Diode 3A/400V normOTO package ISO 1N-5404K (BY 252)
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2 : 1 D1100 series, diodes

D1100 drawing 1
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