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Rating Color Volt iMaXX Reference Fusing time DIN 72581-1 [s]
[A] [V] Load [%] | Minimum [s] | Maximum [s]
5 Yellow 32 F2005 150 % 3,600 -
8 White 32 F2008 250 % - 60
16 Red 32 F2016
25 Blue 32 F2025
40 Black 32 F2040 **
**) F2040 Black 40A not in standard DIN 72581-1
Notes
Thermo plastic body material
Zn fusing element material for 5 - 16A
Cu fusing element material for 25 - 40A
Range from 5A up to 25A, DIN 72581-1
40A version (not in DIN 72581-1) also available
Revisions Date Appr.
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