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Body

Terminals

Cable

Connector

Current rating

Fuse series

Notes and materials:

Nylon PA66 UL 94V-0

CuZn, Sn plated

125 ± 10mm, 16 AWG (1.3mm²) red wire

PVC butt connector, min. 15KG pull-out force

Max. 10 Amp for additional circuit

F7000 series miniOTO fuse, see table

F7000 series miniOTO blade fuse ref. table:
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c 05/17 updated notes and materials table
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