SERKO Cable terminals and connectors

KCL Tubular terminal for multi-wire Cu cables

n Material: galvanically tinned copper
[ _ Non tinned on request.
Tubular part dimensions according to DIN 46235

Symbol (ot [n?r‘n] [n?rsn] (mm] [ [nql}n] [mlzm] [Vg/e;i%*éﬁ discrimmant Crimping tools
25 6 6,4 KCL 6-25 1,5 7 14 20 20 7,5 85 22,53 10
8 8,4 KCL 8-25 16 10 11 21,58 PR50-D, PP19
35 6 6,4 KCL 6-35 2,15 8,2 17 20 20 7.5 8,5 36,90 12 + as below
8 8,4 KCL 8-35 17 10 11 37,86
50 6 6,4 KCL 6-50 2,25 10 20 28 20 7.5 8,5 53,40 14 EPZC300, EPZ300, GZ300, HRZ300, PRZ240,
o a4 KoLes 2 01 s T
70 8 8,4 KCL 8-70 25 115 24 28 22 10 11 76,28 16
10 10,5 KCL 10-70 24 12 13 70,30
95 8 8,4 KCL 8-95 2,75 135 28 35 22 10 11 108,83 18 EPZC300, EPZ300, GZ300, HRZ300,
10 10,5 KCL 10-95 28 12 13 113,30 giﬁzzg?hi(i%%%‘l-lg:gz('fUSOO’
120 8 8,4 KCL8-120 2,75 155 32 35 30 10 11 132,57 20 PR120-D, PR150-D
10 10,5 KCL 10-120 32 12 13 135,00
12 13 KCL 12-120 32 13 14 135,00
150 10 10,5 KCL 10-150 3,25 17 34 35 30 12 13 177,47 22 PR150-D
12 13 KCL 12-150 34 13 14 179,80 + as below
185 10 10,5 KCL 10-185 3,25 19 37 40 30 12 13 211,55 25 PR240, PRZ240,
12 13 KCL 12-185 37 1% 14 212,13 + as below
240 10 10,5 KCL 10-240 3,75 215 42 40 40 12 13 377,20 28 EPZC300, EPZ300, GZ300, HRZ300,
12 13 KCL 12-240 42 13 14 314,50 PRZ240, 60300, HR300, GU300

Production on request. Terminals of dimensions other than in chart.



