AERKO Cable terminals and connectors

KLA Connector for multi-wire Cu cables
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Cross section S d, | Weight Unit Dies discri- Crimping tools
[mm?] [mm]  [mm] [mm] [g/pce] [pes] minant
0,5+ 1 KLA 1-15 0,8 1,6 15 0,81 100 PR33, A11-6,
KLA 1-20 20 1,06 A22-2,
1,5 +25 KLA 2,5-15 0,95 2,3 15 1,25 100 RA16,
KLA 2,5-20 20 1,76 PP8, PP19
4 KLA 4-15 1 3 15 1,64 100 PR33, A11-6, RA16,
KLA 4-20 20 2,19 PP8, PP19
6 KLA 6-15 1 4 15 2,06 100 6

PR33, PRZ240, A11-6, RA16,

L8 A 2 PR50. PR240, PP8, PP19
KLA 6-30 30 4,21
10 KLA 10-20 12 45 20 3,72 50 7
KLA 10-30 30 5,76 EPZC300, EPZ300, GZ300, HRZ300,
PRZ240, G0300, HR300, GU300
18 ket e 23 = S ol o . GU120, HR100-U, PR240, PR120,
KLA 16-30 30 8,64 PR50, R50, PP19, RA16
KLA 16-50 50 1436
25 KLA 25-29 1,5 7 29 10,20 50 10
KLA 25-35 3% 12,22 PP19,
+ as below
KLA 25-50 50 16,80
35 KLA 35-32 1,75 85 32 1570 50 12 EPZC300, EPZ300, GZ300, HRZ300,
KLA 35-50 50 2500 PRZ240, G0300, HR300, GU300
GU120, HR100-U, PR240, PR120,
50 KLA 50-38 2 10 38 2500 20 14 PR150. PRS0, R50
KLA 50-56 56 37,05
70 KLA 70-42 225 12 42 37,30 20 16
i gl % 43,65 EPZC300, EPZ300, GZ300, HRZ300,
95 KLA 95-48 2,25 13,5 48 48,90 10 17 PRZ240, G0300, HR300, GU300
KLA 95-70 70 68,34 GU120, HR100-U, PR240,
120 KLA120-52 225 155 52 5810 10 19  PR120, PR150
KLA 120-70 70 78,50
150 KLA 150-56 225 17 56 67,70 10 20 PR150,
KLA 150-80 80 9570 + as below
185 KLA 185-85 25 19 85 12590 10 23 EPZC300, EPZ300, GZ300, HRZ300,
240 KLA 240-90 25 215 90 155,00 10 25 PRZ240, GO300, HR300, GU300, PR240
EPZC300, EPZ300, GZ300, HRZ300,
300 KLA 300-100 3 245 100 220,00 10 30 SR R, EUET
400 KLA 400-100 35 27 100 287,50 10 34 GU625

Production on request. Connectors of other dimensions.



