SERKO Cable terminals and connectors

KOV Ring terminal for multi-wire Cu cables

1 S~ With polyamide insulation
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, = 1 Material: galvanically tinned copper
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Cross section ~ For screw  d, Symbol S d d d | a r Weight Unit Crimping

[mm?] M [mm] [mm] [mr1n] [mr3n] [mr4n] [mm] [mm] [mm] [o/pce] [pcs] tools

0,5+ 1 3 32 KOV31 08 16 6 32 16 5 45 066 100
4 43 KOV4-1 8 16 55 077
5 55 KOV 5-1 10 17 6 1,00
6 65 KOV6-1* 12 22 10 1,20
8 85 KOV 8-1* 12 22 10 123
15+ 25 3 32 KOV3-25 08 23 6 39 17 5 45 100 100 E1R133;3
4 43 KOV4-25 8 18 6 0,91 REG
5 55 KOV 5-2,5 10 20 65 1,07 EE?Q
6 65 KOV6-25 11 20 65 118
8 85 KOV 825 14 23 10 145
10 11 KOV 10-25 18 26 12 170
12 13 KOV 12-25 18 26 13 1,50
16 17 KOV 16-2,5 21 26 16 1,80
4+6 4 43 KOV46 1 36 8 56 20 6 6 169 100
5 55 KOV 56 10 21 65 189 bR33
6 6,5 KOV6-6 11 22 75 2,02 E11-6
8 85 KOV 8-6 14 25 10 2,50 E§§
10 11 KOV 10-6 18 26 12 308 AP
12 13 KOV 12-6 * 18 27 12 4,02

mmm mmm [nsulation colours, * - outside DIN standard

Standard production: the edges of folded tubular part are soldered.
VO class insulation on request — symbol e.g. KOV 5-1-VO.



